


507-088
Composite RFI/EMI Banding Backshell

for MIL-DTL-83513 Micro-D Connectors
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T— B = Micro Band (600-057) Supplied,
Omit if Not Required

Basic Part No.

E

Cable Entry Style

T =Top S = Qwik-Ty Option, Omit for Standard
S = Side
E =End Entry Code (Table II)
Basic Part Number ——— L Hardware Options:
B = (2) male fillister head
Finish Symbol (Table lll) ——— E = (2) extended jackscrew
H = (2) male hex socket
Connector Shell Size (Table |) ——— F = (2) female jackpost
STYLET-TOP ENTRY STYLE E - 45° ENTRY

N Typ.—

M Typ. = T

i
=

32(8.1)

|
T 1
(Tab)lltlao N | Jackscrew
| D Male Hex Socket
= I Hardware Option H
= \r____l/ i J Thread Typ.
a5 B C
(4.4) k % |
Jackscrew Connector i i
A
Male Fillister Head gz(f)ggni%rom B ‘{b l T e
Hardware Option B y ‘
J Thread Typ. A
Qwik-Ty 1
Option
STYLE S | G
32(8.1) SIDE ENTRY |
\ * 77777 L i
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e
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507-088
Composite RFI/EMI Banding Backshell
for MIL-DTL-83513 Micro-D Connectors
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SHELL
SIZE A B c D G
09 775 (19.7) 36 (9.1) 565 (14.4) 43 (10.9) 650 (16.5)
15 925 (23.5) 36 (9.1) 715 (18.2) 44 (11.2) 700 (17.8)
21 1.075 (27.3) 36 (9.1) 865 (22.0) 56 (14.2) 735 (18.7)
25 1175 (29.8) 36 (9.1) 965 (24.5) 62 (15.7) 800 (20.3)
31 1.325 (33.7) 36 (9.1) 1.115 (28.3) 68 (17.3) .860 (21.8)
37 1.475 (37.5) 36 (9.1) 1.265 (32.1) 72 (18.3) 925 (23.5)
51 1.425 (36.2) 40 (10.2) 1.215 (30.9) 75 (19.1) 975 (24.8)
100 2.160 (54.9) 45 (11.4) 1.800 (45.7) 81 (20.6) 1.050 (26.7)
SHELL K L
SIZE H J THREAD +03  (0.8) MAX
09 154 (3.9) 2-56 UNC-2 75 (19.1) 1.00 (25.4)
15 154 (3.9) 2-56 UNC-2 76 (19.3) 1.03  (26.2)
21 154 (3.9) 2-56 UNC-2 88 (22.4) 1.05 (26.7)
25 154 (3.9) 2-56 UNC-2 94 (23.9) 1.09 (27.7)
31 154 (3.9) 2-56 UNC-2 1.00 (25.4) 113 (28.7)
37 154 (3.9) 2-56 UNC-2 1.04 (26.4) 116 (29.5)
51 154 (3.9) 2-56 UNC-2 1.07 (27.2) 125 (31.8)
100 194 (4.9) 4-40 UNC-2 113 (28.7) 132 (33.5)

TABLE II: CABLE ENTRY TABLE lll: FINISH

Ent M Entry N .
CO(:IZ Shell Size Dia Dia XM Electroless Nickel
04 09 THRU 100 125 (32) 219 (56) A
05 09 THRU 100 156 (4.0) 250 (6.4) Electroless Nickel
06 09 THRU 100 188 (4.8) 281 (7.1)
07 09 THRU 100 219 (56) 313 (8.0)
08 09 THRU 100 250 (6.4) 344 (8.7)
09  31THRU 100 281 (7.1) 375 (9.5)
10 51 THRU 100 312 (7.9) 406 (10.3)
11 100 ONLY 344 (87) 438 (11.1)
12 100 ONLY 375 (9.5) 469 (11.9)

1. Metric dimensions (mm) are indicated in parentheses.
2. These composite backshells meet the requirements of SAE AIR 4567
and MIL-C-85049.
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557-186
y Composite RFI/EMI Banding Backshell
enaz& for MIL-C-24308 D-Subminiature Connectors

557 T 186 XM 2 FO B 1-02

B
Basic Part No. 4' |— B = Band (600-052) Supplied,
Omit if Not Required

Cable Entry Style
T="Top Entry Code (Table IlI)
S = Side
E =End — 0 = Without EMI Gasket,

1 = With EMI Gasket

Basic Part Number

Jackscrew Type (Page E-6)

Finish Symbol (Table IV)
Receptacle Mounting (Table Il)
Connector Shell Size (Table |) —— CC = Cable-to-Cable Mounting
FO = Front Mounting
R1-R7 = Rear Mounting

440 (11.2) =
Textured surfaces, | =
ribbed or knurled, }2* 5* b — E
g/janufacturer s option v END
] ; ENTRY G
*Typ.
@
F
EMI Gasket (Optional)
—_—t
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s F
SIDE
ENTRY
A
D
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B C|—Hv eﬂ
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557-186
Composite RFI/EMI Banding Backshell ’
for MIL-C-24308 D-Subminiature Connectors [enazn

TABLE I: CONNECTOR SHELL SIZE & COMMON BACKSHELL DIMENSIONS

Com’l Max Dash No.

Shell Shell Size B D Table 3 For Entry

Size Ref A Max C Ref. +.005 (1) Styles T & E
1 E/09 1.363 (34.6) .624 (158) .312 (7.9) .984 (25.0) 05

2 A/15 1.691 (43.0) .624 (15.8) .312 (7.9) 1.312 (33.3) 05

& B/25 2250 (57.2) .624 (15.8) .312 (7.9) 1.852 (47.0) 05

4 C/37 2.879 (73.1) .624 (15.8) .312 (7.9) 2.500 (63.5) 05

5 D/50 2.785 (70.7) .735 (18.7) .375 (9.5) 2.406 (61.1) 07

TABLE Il: CABLE MOUNTING DIMENSIONS

Dash Panel F G
No. Thickness E Ref. Sizes1&2 Sizes3-5 Sizes1&2 Sizes3-5
cC n/a A74 (4.4) 1455 (37.0) 1.673 (42.5) 1.750 (44.5) 2.000 (50.8)
FO n/a .343 (8.7) 1.451 (36.9) 1.671 (42.4) 1.583 (40.2) 1.831 (46.5)
R1 031 (.8) .247 (6.3) 1.525 (38.7) 1.745 (44.3) 1.656 (42.1) 1.904 (48.4)
R2 047 (1.2) 231 (5.9) 1.509 (38.3) 1.728 (43.9) 1.640 (41.7) 1.888 (48.0)
R3 .062 (1.6) .216 (5.5) 1.500 (38.1) 1.720 (43.7) 1.625 (41.3) 1.873 (47.6)
R4 .093 (2.4) 185 (4.7) 1.470 (37.3) 1.690 (42.9) 1.594 (40.5) 1.842 (46.8)
R5 104 (2.6) 174 (4.4) 1.451 (36.9) 1.671 (42.4) 1.583 (40.2) 1.831 (46.5)
R6 125 (3.2) 153 (3.9) 1.430 (36.3) 1.650 (41.9) 1.563 (39.7) 1.811 (46.0)
R7 1566 (4.0) 125 (3.2) 1.400 (35.6) 1.620 (41.1) 1.531 (38.9) 1.781 (45.2)

TABLE lll: CABLE ENTRY TABLE IV: FINISH

Entry .
Code H Dia J Dia K Dia XM Electroless Nickel
01 125 (3.2) .250 (6.4) .312 (7.9 Xw Cadmium Olive Drab Over
02 .250 (6.4) .375 (9.5) .438 (11.1 Electroless Nickel
03 312 (7.9) .438 (11.1) .500 (12.7

)
)
(12.7)
04 375 (9.5) .500 (12.7) .562 (14.3)
05 438 (11.1) .562 (14.3) .625 (15.9)
06 .500 (12.7) .625 (15.9) .688 (17.5)
07 .562 (14.3) .688 (17.5) .750 (19.1)
08 .625 (15.9) .750 (19.1) .812 (20.6)
09 .750 (19.1) .875 (22.2) .937 (23.8)
10 .875 (22.2) 1.000 (25.4) 1.062 (27.0)
11 1.000 (25.4) 1.125 (28.6) 1.188 (30.2)
1. Metric dimensions (mm) are indicated in parentheses.
2. DO NOT USE CONNECTORS WITH FLOAT MOUNTINGS.
© 2003 Glenair, Inc. CAGE Code 06324 Printed in U.S.A.

GLENAIR,INC. 1211 AIRWAY « GLENDALE, CA 91201-2497 » 818-247-6000 - FAX 818-500-9912

www.glenair.com E-5 E-Mail: sales@glenair.com



557-186
D-Subminiature Backshells
Jackscrew Options

JACKSCREW - STYLE E (END ENTRY)

Type J
Knurled Slotted Head

All jackscrews have 4-40 UNC-2A
threads to mate with M24308/26
female screwlocks or 559-001
mounting kits. Not applicable for
cable-to-cable applications.
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MALEJACKSCREW OPTIONS
STYLE T (TOP ENTRY) AND STYLE S (SIDE ENTRY) BACKSHELLS

@\ e

Type B Type D Type E Type H Type K
Filister Head Drilled Extended Knurled Hex Head Knurled Slotted
Filister Head Slotted Head Head

Unless otherwise noted, all jackscrews have 4-40 UNC-2A threads to mate with M24308/26 female screwlocks
or 559-001 mounting kits. Not applicable for cable-to-cable applications.

POLARIZING JACKSCREW OPTIONS

Type F Type M Type P
Turnable Male & Female Turnable Males Fixed Females

TN I

Type L Type N Type R
Turnable Females Fixed Male & Female Fixed Males
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